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Instruction Sheet
HemaPro 2000 Probe 10K Ohm Check

1. The refrigerator and freezer hemapro 2000 sensor is 10k ohm RTD.  Using volt meter measure pins1 & 5 and cross reference to temperature versus resistance chart below. 
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Resistance = 10,000 Ohmsat 25 °C (77°B
Temp Room Temp J | Temp Raom
Q) @ Q) [2)) (6] @
40 336,050 6 14,612 28 8,777
39 314,510 -5 2,315 29 8,408
-38 294,485 4 40,150 30 8,056
37 275,861 3 38,109 3 771
36 258,531 2 36,183 2 7402
35 242,397 -1 34,365 3 7,097
34 221371 0 32,650 3 6,307
33 213,370 1 3,00 T 38 6,530
32 200,317 2 29,500 36 6,266
31 188,143 3 28,054 ¥ 6,014
30 176,785 4 26,687 38 5,774
29 166,182 H 25,394+ 39 5,544
28 156,280 6 24,172 40 5,325
27 147,028 7 23,015 4 5,116
26 138,381 8 21,921 2 4916
25 130,295 9 20,884 4 4724
2 122,731 10 19,903 -44 4,542
23 115,652 1 18,973 45 4,367
2 109,024 2 18,092 46 4,200
21 102,816 13 17,257 47 4,040
20 96,999 14 16,465 48 3,887
-19 91,546 1s 15,714 4 3,741
-18 86,433 16 15,001 50 3,601
-17 81,636 17 14324 51 3,467
-16 77,134 18 13,682 52 3,339
-15 72,906 19 13,072 53 3216
-14 68,936 20 12,493 54 3,098
-13 65,206 2 11,943 55 2,985
12 61,699 2 11,420 56 2,877
-1 58,402 2 10,923 51 2,773
-10 55,301 % 10,450 58 2,674
-9 52,383 25 10,000 59 2,579
8 49,635 26 9,572 60 2,487
7 47,048 27 9,165 61 2,399
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