
ULT 4-20mA Instructions 

The ULT product line come with built in 4-20mA support. To use this the following will need to be done. 

Part of what comes with the ULT is 315672H01 terminal block, 7 position. 

This terminal block will plug into the relay enclosure as shown below. 



ULT 4-20mA Instructions 

Once the Terminal block is connected you will use Pin #1, and Pin #2 to connect the unit to the 
facility BMS or other 4-20m device. Reference table on next pages. 

The Parameters to be set are: 4mA = -115c, 20mA = +50c 



Remote Analog Output 

Temperature °C Milliamp
4-20mAw/
250ohmresi
stor(VDC)

-113 4.192 1.048

-112 4.288 1.072

-111 4.384 1.096

-110 4.480 1.120

-109 4.578 1.145

-108 4.676 1.169

-107 4.774 1.194

-106 4.872 1.218

-105 4.970 1.243

-104 5.066 1.267

-103 5.162 1.291

-102 5.285 1.315

-101 5.354 1.339

-100 5.450 1.363

-99 5.548 1.387

-98 5.642 1.412

-97 5.744 1.436

-96 5.842 1.461

-95 5.940 1.485

-94 6.036 1.509

-93 6.132 1.533

-92 6.228 1.557

-91 6.324 1.581

-90 6.420 1.605

-89 6.518 1.630

-88 6.616 1.654

-87 6.714 1.679

-86 6.812 1.703

-85 6.910 1.728

-84 7.006 1.752

-83 7.102 1.776

-82 7.198 1.800

-81 7.294 1.824

-80 7.390 1.848

-79 7.488 1.872

-78 7.586 1.897

-77 7.684 1.921

-76 7.782 1.946

-75 7.880 1.970

-74 7.976 1.994

-73 8.072 2.018

-72 8.168 2.042

-71 8.264 2.066

-70 8.360 2.090

-69 8.458 2.115

-68 8.556 2.139

-67 8.654 2.164

-66 8.752 2.188

-65 8.850 2.213

-64 8.946 2.237

-63 9.042 2.261

Temperature °C Milliamp
4-20mAw/
250ohmresi
stor(VDC)



-62 9.138 2.285

-61 9.234 2.309

-60 9.330 2.333

-59 9.428 2.357

-58 9.526 2.382

-57 9.624 2.406

-56 9.722 2.431

-55 9.820 2.455

-54 9.916 2.479

-53 10.012 2.503

-52 10.108 2.527

-51 10.204 2.551

-50 10.300 2.575

-49 10.398 2.600

-48 10.496 2.624

-47 10.594 2.649

-46 10.692 2.673

-45 10.790 2.698

-44 10.886 2.722

-43 10.982 2.746

-42 11.078 2.770

-41 11.174 2.794

-40 11.270 2.818

-39 11.368 2.842

-38 11.466 2.867

-37 11.564 2.891

-36 11.662 2.916

-35 11.760 2.940

-34 11.856 2.964

-33 11.952 2.988

-32 12.048 3.012

Temperature °C Milliamp
4-20mAw/ 
250ohmresi 
stor(VDC)

-31 12.144 3.036

-30 12.240 3.060

-29 12.338 3.085

-28 12.436 3.109

-27 12.534 3.134

-26 12.632 3.158

-25 12.730 3.183

-24 12.826 3.207

-23 12.922 3.231

-22 13.018 3.255

-21 13.114 3.279

-20 13.210 3.303

-19 13.308 3.327

-18 13.406 3.352

-17 13.504 3.376

-16 13.602 3.401

-15 13.700 3.425

-14 13.796 3.449

-13 13.892 3.473

-12 13.988 3.497

-11 14.084 3.521

-10 14.180 3.545

-9 14.278 3.570

-8 14.376 3.594

-7 14.474 3.619

-6 14.572 3.643

-5 14.670 3.668

-4 14.766 3.692

-3 14.862 3.716

-2 14.958 3.740

-1 15.054 3.764

Temperature °C Milliamp
4-20mAw/
250ohmresi
stor(VDC)
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